Il TRACO POWER

DC/DC Converter TRN 3(SM) Series

EMI Consideration

Suggested filter to comply with EN 55032 Class A resp. B limits
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Il TRACO POWER

Suggested components

Suggested components to comply with EN 55032 Class A limits

TRN 3(SM) Series

Model c1 c2 c3 ca L1
] 99 uF / 16V 150 pF / 2 KV TCK-154
EREECOA S 1206 MLCC N/A 1206 MLCC N/A 47 uH, 1.15 A
] 10 yF / 25V 150 pF / 2 KV TCK-111
UL JESEe 1) 1206 MLCC N/A 1206 MLCC N/A 10 uH, 1.0 A
) 4.7 uF / 50V 330 pF / 2 kV TCK-132
TRN 3-24xx(SM) 1206 MLCC N/A 1206 MLCC N/A 99 uH, 0.68 A
] 9.9 uF / 100V 1 4F / 100V 330 pF / 2 KV TCK-133
RN N 1206 MLCC 1206 MLCC 1206 MLCC N/A 68 uH, 0.37 A

Suggested components to comply with EN 55032 Class B limits

Model Cc1 Cc2 C3 C4 L1
nsosow | GBSV | MGV | ek | | s
sz | G0V | masy e ian |, | e
ez | 4SOV | ATEiey | sgEan |y, |

TCK datasheets

TCK-111: www.tracopower.com/overview/tck-111

TCK-132: www.tracopower.com/overview/tck-132

TCK-133: www.tracopower.com/overview/tck-133

TCK-154: www.tracopower.com/overview/tck-154
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