I TRACO POWER THN 30WIR Series

EMI Consideration

Suggested filter to comply with EN 55032 Conducted and Radiated Emissions Class A limits
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Suggested components to comply with EN 55032 Conducted and Radiated Emissions Class A limits

Model C1 L1
THN 30-24xxWIR 4.7 yF 7/ 50V /1812 MLCC 2.2 yH / TCK-097
THN 30-48xxWIR 4.7 yF 7/ 100V / 1812 MLCC 10 pH / TCK-070

TCK-070 datasheet: www.tracopower.com/overview/tck-070
TCK-097 datasheet: www.tracopower.com/overview/tck-097

www.tracopower.com Page 1 of 4



I TRACO POWER THN 30WIR Series

EMI Consideration

Suggested filter to comply with EN 55032 Conducted and Radiated Emissions Class A limits

Single output models Layout suggestion Top View
- )
L1 0 : 6 Q | Vout
+0 e +Vin  +Vout ~INPUT
c1| c2 c3| ca 02 :
Input - = = = I:I Load < o
1
g e C3 C4 O
]
-0 -Vin —Vout ] "
+INPUT
= 4 o + Vot
. A
Dual output models Layout suggestion Top View
g N\
L1 o = & o —Vout
+o o +Vin  +Vout —INPUT
Load -
cil c2 c3| ca O 2 _
Input - = - = Common 5 Q| com
Load & G2 ECE G4 O
|
-0 -Vin —Vout )
+INPUT 4 O |+vout
o 2

Suggested components to comply with EN 55032 Conducted and Radiated Emissions Class A limits

Model C1,C2,C3,C4 L1

THN 30-72xxWIR 1pF/250V /1812 MLCC 100 pH / TCK-182

TCK-182 datasheet: www.tracopower.com/overview/tck-182
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Il TRACO POWER

THN 30WIR Series

EMI Consideration

Suggested filter to comply with EN 55032 Conducted and Radiated Emissions Class B limits

Single output models
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Suggested components to comply with EN 55032 Conducted and Radiated Emissions Class B limits

Model c1,c2,c3 C4,C5 L1
i 4.7 yF / 50V 1‘000 pF / 3 kV )

THN 30-24xxWIR 1819 MLCC 1808 MLCC 2.2 uH / TCK-097
i 47 pF / 100V 2200 pF / 3 kV :

THN 30-48xxWIR 1819 MLee 1808 MLCC 10 puH / TCK-070

TCK-070 datasheet: www.tracopower.com/overview/tck-070
TCK-097 datasheet: www.tracopower.com/overview/tck-097
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Il TRACO POWER

EMI Consideration

THN 30WIR Series

Suggested filter to comply with EN 55032 Conducted and Radiated Emissions Class B limits

Single output models
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Dual output models Layout suggestion Top View
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Suggested components to comply with EN 55032 Conducted and Radiated Emissions Class B limits

Model c1 Cc2,C3,C4 C5,C6 L1
] 47 uF / 200V 1 uF /250 V 1°000 pF / 3 kV ]
Ll et pee L Al Cap. / KXJ 1812 MLCC 1808 MLCC 100 uH /TCK-182

TCK-182 datasheet: www.tracopower.com/overview/tck-182
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