I TRACO POWER

TES 1 Series

EMI Consideration

Suggested filter to comply with EN55022 Class A limits

5 Vin (TES 1-051x) Single output models

Suggested Layout
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5 Vin (TES 1-052x) Dual output models Suggested Layout
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Model Component Value
TES 1-05xx models CH 4.7 yF / 25V 1206 MLC
L1 4.7 yH /7 1.2 A SR0302

Specifications can be changed without notice!
Make sure you are using the latest documentation, downloadable at www.tracopower.com
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Il TRACO POWER TES 1 Series

EMI Consideration

Suggested filter to comply with EN55022 Class A limits

12 & 24 Vin (TES 1-121x & TES 1-241x) Single output models Suggested Layout
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12 & 24 Vin (TES 1-122x & TES 1-242x) Dual output models Suggested Layout
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Model Component Value

TES 1-12xx models Ci1,C2 2.2 yF /7 25V 1206MLC
L1 2.2 yH/ 1.65 A SR0302

TES 1-24xx models CH 4.7 yF/ 50V 1206MLC
Cc2 2.2 yF/ 50V 1206MLC
L1 2.2 pyH /7 1.65 SR0302

Specifications can be changed without notice!

Make sure you are using the latest documentation, downloadable at www.tracopower.com

Application note: TES1_EMC,
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